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temperature-measuring ICs (and their corollary: temperature-
insensitive voltage references) and inspired publication of the 
Transducer Interfacing Handbook.

The watershed books mentioned above are out of print (but 
perhaps yet available via Amazon.com). ADI’s applications 
engineers continue to produce timely books in support of our 
technologies. You can find them at analog.com/analogdialogue; 
click on “Potpourri,” and then on “Books.” And watch for possibly 
new books to promote seminal technologies that, as in the past, 
introduce unanticipated useful tools.

Dan Sheingold [dan.sheingold@analog.com]

ANALOG ICs POWER DIGITAL TVs
At midnight on February 17, 2009, most 
commercial analog TV broadcasts—long 
the U.S. standard—will cease, leaving the 
more flexible and efficient digital television 
( DT V ) broadcast s  to r u le  t he v ideo 
airwaves. Bandwidth will be freed for new 
telecommunications applications, including 
ultrafast wireless broadband, mobile TV, and public safety/
emergency communication systems.

Don’t confuse digital television with high-definition television 
(HDTV). DTV refers to the transmission technology, which can 
carry high definition, standard definition, or data; whereas, HDTV 
refers to broadcasts of high-resolution pictures. Digital technology 
and error correction techniques enable reception of crystal-clear 
pictures and sound, without ghosts, snow, or other artifacts, if 
the signal level is adequate; otherwise, the error frequency will 
increase beyond the correction threshold, and the picture will be 
lost entirely—an all-or-nothing proposition.

Broadcasts from DTV stations using multicasting can replace a 
single analog channel by up to four channels of programming. 
They can deliver data services that analog technology can’t 
provide, including program information and the latest news, 
weather, sports scores, and traffic updates. Future interactive 
video services will enable viewers to play additional media elements 
embedded in the main program.

How will this transition affect you? 85% of all TV viewers—
subscribers to cable, satellite, or other pay services—will be 
essentially unaffected. But free over-the-air broadcasts will no 
longer be available to those with older analog TVs using standard 
antennas. Three basic choices are available: connect to cable, 
satellite, or other pay service (with its set-top box); purchase a new 
digital TV receiver; or add a converter box to the existing analog 
TV system (the latter’s $40 to $60 cost may be partially subsidized 
by $40 coupons from the U.S. government).

Many see the digital television transition as burdensome, but 
for some, free DTV can replace expensive pay TV. If viewers 
are satisfied by the broadcast programming from ABC, CBS, 
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Editors’ Notes
FINGERPRINTS, BLOOD, AND DEFECTIVE RAILS
Whether you access a computer, enter a secure 
building, or go on a trip, biometric sensors 
simplify effective identification. Fingerprinting 
has a long history of unique identification 
for individuals; modern scanning equipment 
eliminates inky fingers and delays in verifying 
ID. See the article on Page 3 for insights into 
sensors, feature extraction, pattern matching, and decision making 
in fingerprint-based equipment.

Blood forms clots to end bleeding at an injured site—a good 
thing, unless the site is involved in a surgery where blood must 
keep flowing, as in a heart-lung machine during heart-bypass 
surgery. In such instances, an anticoagulant is administered 
during surgery; but the process must be rapidly reversed at the 
end of the surgery. In controlling the process, it is important 
to know when coagulation is actually occurring. Coagulation 
monitoring, see Page 7, uses impedance measurement to provide 
rapid, automated data—aiding patient safety, workflow, and 
decision making—and leads to improved outcomes.

Effective, efficient, reliable rail transportation with comfort 
and safety depends on the soundness of fixed infrastructure, 
such as rails and roadbeds. This is especially relevant in urban 
public transportation, with its stresses of rapid acceleration and 
deceleration. Starting on Page 10, we describe how a new systematic 
maintenance approach—now going into use in Europe—makes it 
possible to measure, locate, and fix rail- and tramway defects early 
on. Key to its effectiveness are mature railway-engineering know 
how and cutting-edge automated technologies, including Blackfin 
processors, satellite-based location, detailed record-keeping, and 
graphical system design techniques.

FOURSCORE
As the 3rd quarter of 2008 ends, we (Dan) have completed another 
year—our 80th—of breathing Earth’s air, of processing food, 
beverages, images, sounds, smells, tastes, shapes, temperatures, 
feelings—and ideas. Coincidentally, as the first quarter of 2009 
begins, a two-score stretch (half) of those years, will have been in 
the service of Analog Devices and the readers of this Journal—and 
perhaps even their children and/or parents.

We came to ADI after nearly a score of years at George A. Philbrick 
Researches, Inc. There, originally immersed in analog computing 
technology and applications, our later publications and products 
established a market for plug-in operational amplifiers as versatile 
precision circuit components—a market that in time grew to be 
dominated by Analog Devices.
Our mission, on joining ADI in 1969—besides the Dialogue, then 
in its 3rd year (now nearing 42 years in print and 10 online), was to 
assemble a book that would educate a world of unsuspecting (and 
some yet unborn) engineers about the nature, applications, pitfalls, 
and minutiae of analog-to-digital and digital-to-analog converters. The 
Analog-Digital Conversion Handbook, published in 1972, coincided 
with a line of converters based on Jim Pastoriza’s precision IC quad 
current source. That combination sparked a market in which ADI’s 
data-converter leadership and dominance has grown continuously 
over the years.
Soon Barrie Gilbert joined us—and Lew Counts—in advocating 
long-simmering ideas from early Philbrick days about market 
possibilities for instrumentation circuits with analog computing 
elements: multiplying, logarithmic, and rms devices. Subsequent 
publication of the Nonlinear Circuits Handbook led to ADI’s primacy 
in this somewhat recondite area of analog technology.
Exploiting a fundamental semiconductor property, proportional to 
absolute temperature (PTAT), led to the introduction of precision 

(continued on Page 15)
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Fingerprint Sensor and Blackfin 
Processor Enhance Biometric-
Identification Equipment Design
By Jayanti Addepalli and Aseem Vasudev

Biometrics and Security
The need for effective security, implemented efficiently, is manifest 
in today’s world. Individuals must be identified to allow or prohibit 
access to secure areas—or to enable them to use a computer, 
personal digital assistant (PDA), or mobile phone. Biometric 
signatures, or biometrics, are used to identify individuals by 
measuring certain unique physical and behavioral characteristics. 
Virtually all biometric techniques are implemented using a 
sensor, to acquire raw biometric data from an individual; feature 
extraction, to process the acquired data to develop a feature-set 
that represents the biometric trait; pattern matching, to compare 
the extracted feature-set against stored templates residing in a 
database; and decision-making, whereby a user’s claimed identity 
is authenticated or rejected.

Fingerprint Sensors
Fingerprints, long one of the most widely accepted biometric 
identifiers, are unique and permanent. Their images, formed of 
multiple curve segments, comprise high areas called ridges and 
low areas called valleys. Minutiae, the local discontinuities in the 
ridge flow pattern, are used as discriminating features. Fingerprint 
sensors “read” the finger surface and convert the analog reading 
into digital form through an analog-to-digital converter (ADC). 
Fingerprint sensors can be broadly classified as optical, ultrasound, 
or solid state—which includes capacitive, RF, thermal, and 
piezoelectric devices.

Because a finger’s outermost dry, dead skin cells have low electrical 
conductivity, an RF sensor acquires fingerprint data from the skin’s 
moist and electrically conductive boundary region where the live 
cells begin turning into keratinized skin. This live subsurface layer 
is the source of the fingerprint pattern, and it is rarely affected by 
damage or wear to the finger surface.

The AuthenTec®1 TruePrint®2 sensor uses a small RF signal 
between a conductive layer buried inside the silicon chip and the 
electrically conductive layer just below the surface of the skin. 
The RF field measures the electrical potential contours of the 
ridges and valleys of the finger’s underlying live epidermal layers. 
By acquiring data from the part of the skin that is untainted by 
injury or contamination, the sensor produces a more accurate and 
repeatable fingerprint sample than alternative optical or capacitive 
technologies that read only the surface of the skin.

Pyroelectric materials generate a voltage based on temperature 
differentials. When a finger is in contact with a warmed sensor’s 
surface, the fingerprint ridges—which are closer to the sensor 
surface—retain a higher temperature than the valleys, which 
are farther from the sensor surface. The Atmel® AT77C104B3 
FingerChip® sensor captures fingerprints using this type of 
thermal imaging. A linear sensor, it combines detection and data 
conversion circuitry in a single CMOS IC. Fingerprint images are 
captured by sweeping the finger over a sensing area. An image is 

produced when contact first occurs, but because it soon disappears 
as thermal equilibrium is reached, a sweeping method is necessary 
to acquire a stable fingerprint image.

The sensor, shown in Figure 1, captures the image of a fingerprint 
as the finger is swept vertically over the sensor window, as shown 
in Figure 2. The finger sweep technology ensures that the sensor 
surface stays clean. Unlike touch-based sensors, latent fingerprints 
do not remain once the finger has been removed. The sensor requires 
no external heat, light, or radio source. On-chip temperature 
stabilization identifies a temperature difference between the finger 
and the sensor, and increases the difference for higher image 
contrast. The discussion here will focus on a fingerprint recognition 
system based on this type of thermal sensor.

Figure 1. AT77C104B FingerChip IC.

Figure 2. Typical fingerprint—and finger being swept 
over a sensor.

The main parameters that characterize fingerprint sensors include 
resolution, area, dynamic range, and number of pixels. Resolution is 
measured in dots (or pixels) per inch (dpi). Higher resolution allows 
better definition between ridges and valleys, and finer isolation 
of minutiae points—which play a primary role in fingerprint 
matching, since most algorithms rely on the coincidence of 
minutiae to determine if two fingerprint impressions are of 
the same finger. Larger sensing areas generally provide a more 
distinctive fingerprint, but sweeping the finger over a smaller 
sensor, and acquiring and processing the data rapidly, allows a 
small, low-cost sensor to achieve comparable definition to larger, 
more expensive sensors. Dynamic range, or depth, denotes the 
number of bits used to encode the intensity of each pixel. The 
number of pixels in the fingerprint image in a particular frame can 
be derived from the resolution and area.

The AT77C104B sensor has 500-dpi resolution over a 0.4 mm × 
11.6 mm area, providing a total of 8 pixels × 232 pixels, or 
1856 pixels per frame. Each pixel is encoded with four bits, 

www.authentec.com
www.zvetcobiometrics.com/Documents/Trueprinttechnology.ppt#303,1,TruePrint� Technology   The Fundamentals
www.atmel.com/dyn/resources/prod_documents/doc5347.pdf
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identifying 16 grayscale levels. Figure 3 shows a block diagram of 
the sensor, which includes the array, analog-to-digital converter, 
on-chip oscillator, control and status registers, navigation and click 
units, and separate interfaces for slow and fast modes of operation. 
Slow mode, which can run at up to 200 kHz, is used to program, 
control, and configure the sensor. Fast mode, which can run 
at up to 16 MHz, is used for data acquisition. An on-chip heater 
increases the temperature difference between the finger and the 
sensor. To limit current consumption, a watchdog timer stops 
heating the module after a specified length of time.

Modes of Operation
The sensor implements six modes of operation:
• Sleep mode: A very low-power-consumption mode, in which the 

internal clocks are disabled and the registers are initialized.
• Standby mode: A low-power-consumption mode, waiting for 

action from the host. The slow serial port interface (SSPI) and 
control blocks are activated; the oscillator remains active.

• Click mode: Waiting for a finger on the sensor. The SSPI and 
control blocks remain active; the local oscillator, click array, 
and click block are activated.

• Navigation mode: Calculating x- and y movements as the 
finger crosses the sensor. The SSPI and control blocks are still 
activated; the local oscillator, navigation array, and navigation 
block are also activated.

• Acquisition mode: Slices are sent to the host for fingerprint 
reconstruction and identification. The SSPI and control blocks 
are still activated; the fast serial port interface block (FSPI) 
and the acquisition array are activated. The local oscillator is 
activated when a watchdog timer is required.

• Test mode: This mode is reserved for factory testing.

Interfacing the Fingerprint Sensor to the Blackfin® Processor’s 
Serial Peripheral Interface
The Blackfin ADSP-BF5334 low-cost, high-performance processor 
is chosen for this application because it combines the functions of 
a fast signal processor and a powerful microcontroller. Its 4-wire, 
full-duplex synchronous serial peripheral interface (SPI) has 

two data pins (MOSI and MISO), a device-select pin (SPISS), 
and a gated clock pin (SCK). See Figure 4. The SPI supports 
master modes, slave modes, and multimaster environments. 
The SPI-compatible peripheral implementation also supports 
programmable baud rate and clock phase/polarities.

MOSI MISO SCK SPISS

16 PAB

16 DAB

FOUR-DEEP FIFO

SPI
INTERNAL

CLOCK
GENERATOR

SPI_CTL

SPI_ST

SPI_RDBR
RECEIVE REGISTER

SHIFT REGISTER

SPI INTERFACE LOGIC

SPI_TDBR
TRANSMIT REGISTER

SPI IRQ
OR DMA

REQUEST

M S MS

Figure 4. Block diagram of Blackfin processor’s SPI port.

The interface is essentially a shift register that serially transmits 
and receives data bits—one bit at a time, at the SCK rate—to 
and from other SPI devices. The shift register enables the 
simultaneous transmission and reception of serial data. The 
SCK synchronizes the shifting and sampling of the data on the 
two serial data pins.

The SPI port can be configured as master (generates SCK and 
SPISS signals) or slave (receives SCK and slave select signals 
externally). When the SPI port is configured as master, it 
drives data on the MOSI pin and receives data on the MISO 
pin. It drives the slave select signals for SPI slave devices and 
provides the serial bit clock (SCK). The Blackfin processor’s 
SPI supports four functional modes by using combinations 
provided by the clock polarity (CPOL) and clock phase 
(CPHA) bits. For detailed information on the Blackfin SPI 
port, refer to the ADSP-BF533 Blackfin Processor Hardware 
Reference Manual.5
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Figure 3. Block diagram of the fingerprint sensor.

http://www.analog.com/en/embedded-processing-dsp/blackfin/content/index.html
http://www.analog.com/en/embedded-processing-dsp/blackfin/adsp-bf533/processors/product.html
http://www.analog.com/static/imported-files/processor_manuals/892485982bf533_hwr.pdf
http://www.analog.com/static/imported-files/processor_manuals/892485982bf533_hwr.pdf
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Hardware Interface 
The seamless hardware interface between the ADSP-BF533 
processor’s SPI port and the AT77C104B, shown in Figure 5, 
does not require any external glue logic. The slave select signals 
of the sensor, SSS and FSS, are driven through programmable 
f lag pins PF1 and PF2. One f lag should be configured as an 
output and driven high before the other f lag is configured as an 
output (these f lags should never be simultaneously configured 
as outputs, as the Blackfin processor, driving them low by 
default, would switch the sensor chip to scan test mode). Sensor 
interrupts, generated through the IRQ pin, are read by input 
PF4. The reset, RST, is driven by PF3. Reset is an active-high 
signal, so a pull-down resistor is used on this line.

AT77C104B

PF4 IRQ
MISO MISO
MOSI MOSI
SCK SCK
PF1 SSS
PF2 FSS
PF3 RST

VDD
10
kΩ

10
kΩ

10
kΩ

10
kΩ

10
kΩ

GND

10kΩ

ADSP-BF533
SPI

SCANEN

GND GND

TESTA NC
TPP VDD

VDDD VDD

GNDD
VDDA VDD

GNDA
FPL

10 F

10 F

Figure 5. Interface between ADSP-BF533 processor 
and AT77104B FingerChip sensor.

Application Software 
The application code performs tasks such as controlling the sensor, 
acquiring fingerprint data, and rearranging the data to display the 
received fingerprint image using the VisualDSP++®6 development 
tool’s Image Viewer plug-in.

When the sensor detects a click (i.e., a signal indicating the presence 
of a finger), it generates an interrupt. The Blackfin processor 
receives this interrupt, and generates an interrupt on a falling 
edge. The STATUS register indicates the event that caused the 
interrupt. This process is used for navigation, read error, and other 
interrupts. A simplified flow chart of the complete application is 
shown in Figure 6.

Data Acquisition
Sensor heating is enabled in acquisition mode. The watchdog timer 
is also enabled, ensuring that heating remains controlled. Thus, 
when heating is requested, the sensor is heated for n seconds.

DMA parameters are then set up for data acquisition. Variable-size 
DMA flex descriptors are loaded into DMA parameter registers. 
The sequence of registers is essentially fixed, but the length of 
the descriptor is completely programmable. A 2D array is used to 
configure the DMA parameters. The 1D arrays are the individual 
descriptors. The first descriptor, a dummy, is used to receive the 
first five bytes because 40 dummy clock cycles must be sent by 
the sensor before the first data arrives in order to initialize the 
chip pipeline. Thus, the first synchronization sequences appear 
after 40 clock cycles. Data then arrives at every clock cycle for all 
following array readings.

The sensor sends data in the form of frames. The start of each frame 
is marked by the dummy column, which contains a synchronization 
word. The pixel array is read top to bottom, column by column, 
from the top left to the bottom right.

Data Rearrangement
The data must be rearranged to display the acquired fingerprint 
image. The rearranged data is stored and can be viewed using the 
VisualDSP++ Image Viewer utility. The acquired image and settings 
are shown in Figure 7. The following functions are performed:

•	Nibble-swapping: The sensor sends data in a nibble-swapped 
format. A routine swaps the odd-even pixels for the entire frame.

•	 4-bit to 8-bit conversion: Each sensor pixel is 4 bits wide, but the 
Image Viewer displays images with 8-pixel minimum width. 
Four bits of zero-padding converts each pixel to 8 bits.

•	Level adjustment: Each pixel in the received data has an intensity 
of 0 to 15, but the display range is 0 to 255. Level translation 
of each pixel produces a good display.

•	Array transpose: The data from the sensor is sent column-wise, 
but the 2-dimensional DMA receives data row-wise, so it must 
be transposed in order to display the frames continuously. A 
3-dimensional array is used to get a continuous display of frames.
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Figure 6. Application flow chart.
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Fingerprint Reconstruction and Recognition
If the fingertip is swept across the sensor window at a reasonable 
rate, the overlap between successive frames enables an image of 
the entire fingerprint to be reconstructed using software supplied 
by Atmel. The reconstructed image is typically 25 mm × 14 mm, 
or 500 pixels × 280 pixels, with 8-bit resolution due to resolution 
enhancement. Each image thus requires 140 kB of storage. Larger 
or smaller images can be derived from this using standard image-
processing techniques. Once the frames have been joined to obtain 
a complete fingerprint image, recognition algorithms can match 
the sample with a template.

Trust but Verify
Fingerprint processing has three primary functions: enroll, search, 
and verify. Enrollment acquires a fingerprint image from the sensor 
and saves it in SRAM. The image is processed, enhanced, and 
compressed to create a fingerprint template. Various filters clean 
up the image and convert it to a mathematical representation, 
making it impossible to steal a template and directly recreate a 
fingerprint image.

Search compares a raw candidate image to a list of previously 
enrolled templates. Through a series of screening processes, the 
algorithm narrows the list of templates to a manageable size. Those 
templates that survive screening are compared to the candidate 
and verification scores are provided. A score exceeding a preset 
threshold indicates a positive identification.

Verification validates a user’s identity by comparing a raw candidate image 
to a previously enrolled template via real-time, closed-loop pattern-
matching algorithms. A score is returned indicating the similarity of the 
candidate and template to generate a yes/no match decision.

CONCLUSION
The Blackfin processor and AT77C104B FingerChip sensor 
combine to provide simple, yet robust, fingerprint identification, 
enhancing security by allowing or prohibiting access to sensitive 
areas in buildings or sensitive data in laptop computers. 
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Impedance Measurement 
Monitors Blood Coagulation
By Helen Berney and J.J. O'Riordan

INTRODUCTION
Blood coagulation is a complex, dynamic physiological process 
by which clots are formed to end bleeding at an injured site. 
During heart-bypass surgery, blood is diverted out of the body to 
a heart-lung machine, which maintains heart- and lung functions. 
The machine is operated by a perfusionist, whose role includes 
monitoring appropriate parameters to ensure that the patient is 
effectively treated with an anticoagulant to avoid blood clots. For 
this purpose, heparin, an anticoagulant drug, is administered 
during surgery—followed by a rapid reversal afterwards to prevent 
excessive bleeding.1 To maintain the delicate balance between 
clotting and bleeding, the clotting time of the patient is monitored 
every 30 to 60 minutes during surgery and several times after 
surgery, until a normal clotting time is restored.2 Currently, 
blood samples taken from a patient’s intravenous line are tested 
at bedside, with measured clotting-time values used to adjust the 
anticoagulation therapy.

Analog Devices is a partner in the Biomedical Diagnostics Institute 
(BDI),3 a Centre for Science, Engineering, and Technology, 
funded by Science Foundation Ireland.4 BDI is a multidisciplinary 
research institute focused on the development of next-generation 
biomedical diagnostic devices. Under one of the BDI Integration 
Programs, Analog Devices is working with Dublin City University5  
and a global specialty pharmaceutical and medication delivery 
company to develop a coagulation-monitoring device for patients 
undergoing treatment in the critical-care environment. This 
system will provide rapid, automated information on patient 
clotting status—improving patient safety, workflow, and decision 
support—leading to improvements in patient outcomes.

Electrical Measurement of Blood Coagulation
Blood coagulation in the body is modulated by a number of cellular 
and other active components. The coagulation cascade describes 
the components of blood and how they are involved in the process 
of clot formation. As the cascade becomes activated, the blood 
progresses from a nonclotting to a clotting state, causing changes 
in both molecular charge states and effective charge mobility. 
The final steps of the cascade involve two components, thrombin 
and fibrinogen. Thrombin acts by cutting the fibrinogen, forming 

fibrin filaments—which spontaneously aggregate. The endpoint 
of clotting time has been defined as the time at which a fibrin clot 
is formed.6,7

By monitoring the global impedance of a clotting blood sample, 
the changes in conductivity associated with clot formation are 
measured. To evaluate instrument performance, the clotting time 
determined from the data was correlated to a “gold-standard” 
clinical measurement of clotting time.

Impedance Measurement Using the AD5933
The AD59338 fully integrated single-chip impedance analyzer 
(Figure 1) is a high-precision impedance-converter system that 
combines an on-board frequency generator with a 12-bit, 1 MSPS, 
analog-to-digital converter (ADC). The frequency generator 
provides an excitation voltage to an external complex impedance 
at a known frequency. The response signal (current) is sampled 
by the on-board ADC, and a discrete Fourier transform (DFT) 
is processed by an on-board DSP engine. The DFT algorithm 
returns real (R) and imaginary (I) data-words at each output 
frequency. Using these components, the magnitude and relative 
phase of the impedance at each frequency point along the sweep 
can be easily calculated.

The block diagram of the AD5933 demonstrates the full 
integration of the impedance-measurement system. Local digital 
processing enables the calculation of the complex impedance of 
the circuit under test. The system requires initial calibration: a 
precision resistor is substituted for the impedance to be measured; 
and a scaling factor is calculated for subsequent measurements. 
The AD5933 can measure impedance values between 100 Ω and 
10 MΩ to a system accuracy of 0.5% for excitation frequencies 
from 1 kHz to 100 kHz.

The correlation of blood clotting with impedance changes has long 
been established in the literature.9,10,11,12,13 However, the recent 
availability of integrated-circuit complex-impedance measuring 
devices means that the blood clotting time measurement 
instrument can be miniaturized. This offers significant advantages 
in terms of power savings, portability, and final instrument 
footprint, a key consideration in the critical-care setting.

Single-supply devices, such as the AD5933, often center signal 
swings around a fixed value of dc bias. This is not an important 
consideration in most impedance measurements, but dc voltages 
above a specific threshold cause electrochemical processes 
to take place in aqueous conducting media in contact with 
electrodes, altering the sample. To prevent this electrolysis from 
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Figure 1. Functional block diagram of impedance-measurement system.
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occurring in blood-sample measurements with the AD5933 
in the current project, the voltage excitation and the current 
measurement were ac-coupled using the signal conditioning 
circuit shown in Figure 2.

The Blood-Coagulation Measurement System
The interface between the blood-sample delivery and the 
measurement instrumentation is critical. In this case, a specific 
microfluidic channel into which the blood sample was delivered 
was designed to connect to the AD5933 instrumentation circuit 
(Figure 3). The microfluidic device consists of three layers. The 
bottom layer comprises two screen printed electrodes, which were 
connected to the input/output port pins of the AD5933 circuit. 
The top micromolded polymer channel consists of two reservoirs 
connected via a microchannel. The chemical reagents that 
modulate the clotting reaction can be contained either within this 
microchannel or on the central bonding layer. The top- and bottom 
channels are bonded using a pressure-sensitive adhesive (PSA). 
The blood sample applied to one reservoir filled the microchannel. 
This was contacted by the screen-printed electrodes, which were 
in turn interfaced to the AD5933 circuit.

POLYMER
MICROCHANNEL

AD5933

SCREEN PRINTED
Ag/AgCl

ELECTRODES

PSA

REAGENT
CHEMISTRIES

IMPEDANCE
MEASUREMENTM S

CLOTTING TIME

Figure 3. A schematic illustration of the impedance-
measurement system with the polymer microchannel that 
contains the blood sample to be measured. It allows the 
sample to interact with the specific reagents that modulate 
the clotting event, and creates the interface between the 
sample and the AD5933 instrumentation.

Measured Impedance Responses
Impedance response curves of a clotting and nonclotting blood 
sample are compared in Figure 4. The arrow on the figure indicates 
the point at which the clotting time of the sample is established.
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The impedance response of Figure 5 shows the increase in clotting 
time with increasing concentrations of heparin in the blood sample. 
The arrows indicate the clotting time of the different samples.
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The clotting times of a number of clinically relevant blood donor 
samples were measured using the system described above, and 
these were correlated with measurements performed on the sample 
donor samples, using the clinical gold-standard measurement 
system (Figure 6).
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Figure 6. Correlation of extracted clotting time measured 
using the AD5933 measurement system vs. the clinical 
gold-standard measurement of clotting time, n = 6 for 
each sample.

CONCLUSION
The AD5933 single-chip impedance analyzer has been successfully 
applied to the measurement of blood-impedance changes during 
coagulation. It offers flexibility, power, and size advantages to 
the end user over the existing commercially available solutions. 
Combining integrated-circuit technologies of this sort with new 
technologies in other media, such as microfluidics and sample 
handling, provides a powerful platform for future medical device 
research and development.
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Maintaining Public Railways with 
Lower Cost and Improved Safety
By Anders Norlin Frederiksen and Marco Schmid

A new, systematic maintenance approach now makes it possible to 
measure, locate, and fix rail- and tramway defects when they appear. 
Mature railway-engineering know-how and cutting edge technologies—
including Blackfin® processors and graphical system design techniques—
combine to improve and optimize public transportation.

Over the last decade, public transport by rail or tram has become a 
popular means of transportation. The number of passengers seeking 
a comfortable and safe ride is constantly rising. The increased 
loads call for higher train speeds and shorter stop intervals, thus 
exposing rails and tramways to increased mechanical stress. This, 
in turn, causes unavoidable early wear and annoying or dangerous 
defects (Figure 1).1 Dealing with the results of these stresses on 
rails and tramways requires increased emphasis on monitoring and 
maintenance. Analog Devices Blackfin2 processors and National 
Instruments graphically programmable LabVIEW™3 technology 

can play a central role in rail inspection systems, acquiring accurate 
measurements of field data, and storing it for further action. 
This can result in longer operation lifetimes for rails, improving 
economy and reliability in the public transport service.

LASER-BASED
RAIL PROFILE
MEASUREMENT

NETWORKED
RAIL ANALYSIS

LOCATING DEFECTS

CORRECTING DEFECTS

Figure 1. A systematic rail maintenance concept includes 
measuring, locating, and fixing rail defects.

Rail Tracks—a View “Under the Hood”
When new rail- and tramways are laid out properly, quality 
assurance verifies correct track positions prior to concreting. 
Inevitably, as time passes after installation, defects may start 
to creep in during daily operation. These defects are caused 
by the stresses of mechanical contact between the wheels and 
the rails as part of a highly complex spring-mass model, with 
dynamics ranging from the train’s chassis and loading to the 
railway foundations. In Europe, the critical parameters and 
tolerance windows of the defects are classified according to 
railway engineering standards.4–16 The goal of rail maintenance 
programs is to discover and measure the irregularities—and 
keep them at acceptable levels.

Figure 2. Rail parameters are divided into track geometry, 
longitudinal profiles, and cross sections.

Rail Track Geometry
The track gauge, or distance between two rails, affects the side-to-side 
motion of the train. This motion keeps the spot where the wheel and 
rail meet constantly moving to minimize wear-out.

Variation in the track inclination can make passing trains shake and 
shudder. Typically caused by yielding of the railway foundations, 
inclination defects can also be caused by surface irregularities such 
as corrugations and holes. Some systematic inclination profiles, 
such as banking, are necessary, however, to minimize passenger 
discomfort caused by acceleration forces when a train is riding 
into and out of a curve.

The correct track-to-track spacing prevents any chance of collision 
when trains are passing one another at high speed.

Longitudinal Surface Profiles
Cracks and breakouts are among the most feared defects, since 
they can lead to catastrophes such as derailing. Corrugations—
wavy irregularities with a characteristic wavelength from 
20 mm to 100 mm—are annoyingly noisy when their amplitudes 
exceed 0.05 mm. With 0.3-mm peaks, on the other hand, the 
vibration can cause irreversible damage to the railway bed. 
Corrugations move along the rails, and science is still not clear 
on where they originate. Single holes are mostly generated by 
turning or jumping wheels and can be described mathematically 
with polynomials. They’re responsible for the sudden bumps on 
a tramway ride. Regular bumps that are often experienced on 
older railways are due to the welding interfaces of the 18-meter 
railway sections.

Cross Sections
The head geometry of a newly installed rail follows an exactly 
calculated contact geometry, which optimizes the critical 
wheel-to-rail interface. The shape is described by tangential lines 
and specific radii, providing horizontal guidance to allow the wheel 
to roll off economically, smoothly, and safely (Figure 2).

http://www.analog.com/blackfin
http://www.analog.com/en/embedded-processing-dsp/blackfin/labview_emb_bf/processors/product.html
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Measure the Rails
The key requirement for systematic and target-oriented rail 
maintenance is comprehensive knowledge about the current 
state of the rail- or tramway network’s geometry. This is achieved 
by a smart measuring strategy that combines odometer results 
(distance measuring), track geometry, longitudinal profiles, and 
cross sections with exact GPS locations. All these parameters 
are acquired by mobile metering devices or well-instrumented 
measuring vehicles. The measurement data is initiated and 
preprocessed by Analog Devices Blackfin processors, then 
finally transferred into high-level analysis software that allows 
post-analyzing and pinpointing of the measurements and defects 
on a digital map (Figure 3).

Figure 3. Measurements are combined with GPS data to 
pinpoint them in geographic information systems (GIS).

Track Geometry
The rail gauge is measured using no-contact inductive sensing 
with accuracies in the 0.01-mm range. Software-based FIR  
(finite-impulse-response) low-pass filters suppress high-frequency 
noise, while subsequent moving-average filters ensure that no 
“pseudo-peaks” occur in a result that is expected to be continuous.

A similar approach is applied to the inclination sensor, which 
operates like an electronic liquid-level—with an angular range of 
±10° and an accuracy to within <0.025°. The physical principle 
used limits the frequency range to less than 1 Hz.

Measuring the track-to-track distance requires a set of complex 
and computationally demanding floating-point algorithms to 
compute the absolute horizontal and vertical distance (Figure 4).  

A high-precision laser beam, attached to the side of a vehicle, wobbles 
±5° within a distance range of 1 m to 5 m, under the control of a 
Blackfin processor. The profile of the neighboring rail is low-pass and 
median filtered, and transformed from polar to Cartesian coordinates. 
Further processing, such as vector-rotation and resampling, is applied 
before the profile passes through a pattern matching algorithm. The 
goal is to find the exact vector to a characteristic geometric feature 
within the railhead. Because many obstacles, such as rocks or grass, 
can be found on railways, this vector is passed through a plausibility 
checker and a tracking algorithm—to ensure reliable and valid results. 
All this is done in a 5-Hz loop under real-time conditions.

Longitudinal Profiles
High-speed eddy-current sensors record both rail surfaces with 
micrometer-grade accuracy (Figure 5). A linear encoder processes 
signals from a magnetic ring that serves as an odometer and 
a trigger for the analog-to-digital converters. This signal then 
goes through a FIR band-pass filter, reducing the spectrum 
to its characteristic wavelengths. Besides the surface profile, 
metallurgical irregularities, such as partial hardenings and welding 
points, are recorded.
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Figure 5. Longitudinal rail profiles are acquired by no-contact 
eddy-current sensors, pulsed by magnetic encoders.

Cross Profiles
Laser technology is today’s state-of-the-art noncontact measuring 
principle to get the exact cross section of a rail head. Depending 
on the required accuracy or capturing speed, either traversing laser 
beams or laser “curtains” (Figure 6) are used to do the job. Raw 
profiles are linearized, scaled, and spike filtered in real time.
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Figure 4. Measuring the track-to-track distance (horizontal and vertical) demands high-performance 
digital-signal-processing algorithms in real time.
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Figure 6. Rail profiles are captured by high-speed laser scanners.

Older Technology—Metering Devices
Until recently, maintenance staffs used many different metering 
devices to identify cracks and variances on the rails. Each 
methodology specialized in recording one specific rail defect, but 
with few exceptions these mechanical methods lacked precise and 
reproducible results. In recent years, industrial solutions providers, 
such as Schmid Engineering, embedded advanced processor 
technology and state-of-the-art components and methodology into 
their designs. Such advances in the railway infrastructure business 
gradually led to mobile and multifunctional rail measuring by 
smart metering devices.

Rail monitor devices (Figure 7) use state-of-the-art technology 
to simultaneously measure the cross-section profile of the rail, 
the head height, track gauge, inclination, depth, and ambient 
temperature—all of which are detected and logged at specifically 
identifiable locations.

Figure 7. Rugged environments and tight schedules demand 
light, easy-to-use, and productive metering devices.

All key characteristics are processed and visualized on site and 
stored to removable memory. The RailSurf sled (Figure 8) 
continuously monitors and records longitudinal track parameters, 
as an operator or a vehicle pulls it along the rails. It carries several 
sensors, mapping problems such as corrugations, holes, cracks, and 
variations in rail gauge and inclination. The resulting information 
can be stored in removable memory or wirelessly transmitted to 
an operator interface.

Figure 8. The RailSurf sled, driven by Blackfin processors 
and LabVIEW embedded modules, records longitudinal wavy 
irregularities. A GPS receiver and inclination sensor are built 
into the operator panel.

Blackfin Processor as the Heart of the System
The Blackfin processor, as the heart of these portable test tools, 
empowers the convergence of microcontroller and DSP technology 
by offering dynamic power management for economical battery 
operation. The MCU circuitry conveniently interfaces with 
scalable input/output (I/O), such as laser scanners, analog and 
digital sensors, keyboards, TFT (thin-film-transistor) displays, 
battery/fuel gauges, and removable media. The DSP portion is 
dedicated to advanced digital algorithms, such as filters, transforms 
(FFTs, for example), determination of geometric residuals, or 
other demanding computational tasks. Recent advancements in 
graphical system design by LabVIEW embedded modules, with 
their high-level block diagrams and dataflow-oriented language, 
offer a direct programming model of the Blackfin processor. This 
high-level approach with ready-to-use mathematical-analysis 
blocks and graphical multitasking moves functionality to the next 
higher level of digital embedded design.

Measuring Machines
A multifunctional vehicle that is driven by a set of five interlinked 
Blackfin processors is able to record rail parameters for up to 10 km 
of a railway section with 5-mm point-to-point resolution.

Blackfin Processor #1 allows user interaction over a keyboard 
and two TFT displays. Processor #2 records track geometry and 
longitudinal profiles at high speed and embeds GPS information 
into the measurements, which are then received by Processor #3. 
Together with cross sections that are captured by Processor #4, 
all the data is finally streamed to Processor #5, which stores the 
huge amount of data in large RAM buffers to be eventually saved 
to binary files on removable media.

Locate the Defects
The acquired measurements are fed into a common software 
platform that links track geometry, longitudinal profiles, and cross 
sections with GPS locations and odometer information. Realized 
with LabVIEW and its toolkits, this platform serves as a common 
data-exchange and -analysis tool. It interfaces to a variety of 
measurement devices, vehicles, and maintenances machines. Smart 
filters applied to the measurements function like an X-ray to locate 
critical rail defects. The result is a true digital representation of 
the whole rail geometry. This essential information is then directly 
usable for actions such as rail repair or exchange. The final data log 
is wirelessly connected to external databases and CAD software to 
transfer the results into any customer’s IT environment.
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Smart, Powerful LabVIEW Filters Find Defects
Smart LabVIEW filters sift through longitudinal data to find 
symptoms of interest. Corrugations get detected through 
a fast-Fourier-transform (FFT) analysis, watching for the 
characteristic wavelengths in the longitudinal profile. Holes are 
tracked by comparing the measured profile with memorized 
patterns and the simulation of the mechanical rail-wheel contact. 
Cracks show significant transients, so they can be detected by 
differentiating a moving data window. Finally, unique vibration 
patterns in the inclination profile are located by continuously 
running and evaluating analytical models.

The resulting symptoms are also fed into correlating “super-algorithms.” 
Here the information is either reduced even more, or additional 
high-level information is extracted from the measured data. An 
inclination indication, for example, is interpreted as meaningless and 
is rejected if it is not accompanied by a related signal peak on the 
rail surface. On the other hand, a cross profile indicating significant 
wear-out or a longitudinal crack will trigger an alarm.

The main technique used in the evaluation of rail cross sections is 
comparing a measured profile with a reference. Algorithms based on 
vector mathematics and stochastic methods align and overlay the two 
profiles to allow computation of critical characteristics. Vertical and 
perpendicular residuals directly indicate wear-outs (Figure 9).

Figure 9. Smart cross-profile analysis algorithms take 
advantage of the Blackfin processor’s speed and capacity 
to indicate irregularities in real time and on site.

Other parameters include the remaining head height, a correct 
and well-shaped rail radius (Figure 10), or the gap of an active, 
closed track switch. Keeping within switch tolerances is a key 
requirement to avoid the danger of derailing high-speed trains 
passing the switches. Rail operating companies focus on thorough 
monitoring of the switches.
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Figure 10. Determining the rail radius calls for complex 
mathematical functions.

Rail engineers can adjust filter-parameter tolerance windows to 
separate “pseudo-warnings” from true rail defects that significantly 
influence passenger comfort and transportation safety. 

Pinpointing Defects on a Digital Map
GPS information that is embedded in the data allows the located 
defects to be pinpointed on a digital map. This geographical 
information adds significant knowledge and new context about 
locations of railway hot-spots, such as tight curves, switches, 
and stations. This “Easy-GIS” geographic information system 
has been made available with the image-processing features 
of LabVIEW. An existing bitmap of the region of interest, for 
example, a city, is broken down into single tiles, each given the 
exact map coordinates. As the rail engineer browses through the 
set of defects, LabVIEW continuously loads the corresponding 
tiles from the hard drive into memory and assembles them to form 
a single JPEG image. This image is then copied into a LabVIEW 
plot-chart indicator and overlaid with a digital cursor at exact 
locations of the defects.

Distribute Results to Other Applications
The results are finally transferred to and from higher-level 
applications. Geometric profiles of critical defects, such as wear-
outs and holes, can be exchanged with standard CAD systems for 
further analysis. This is achieved by the Drawing-eXchange (file) 
Format (DXF).

Connection to external database management systems is 
established through ActiveX Data Objects (ADO), which use 
Universal Data Links (UDL) for the connection type and path. A 
set of high-level virtual instruments (VIs) allows the data platform 
to perform the most common database tasks such as addressing 
tables and exchanging data.

The VAG Nuremberg Transport Corporation maintains a matrix 
of predefined and critical locations in a Microsoft Access database, 
which is continuously screened for variations. As soon as some 
hot-spots exceed a tolerance window, an electronic maintenance 
plan is created and deployed to the measuring devices in the 
maintenance machines.

The maintenance concept at Zur ich Public Transpor t 
(Verkehrsbetriebe Zürich, VBZ) relies on a commercial GIS tool 
with a built-in MS Access database. All infrastructure elements—
including rail sections, stations, switches, etc.—are listed and 
can be visualized on a geographical map that represents the 
whole tram network of the city—at the push of a button. As with 
Nuremberg, the state of the rails is continuously monitored as a 
vital part of a short- and long-term maintenance concept. The 
LabVIEW platform connects to this GIS tool by the means of 
ActiveX and .NET mechanisms.

Solving the Problem
The resulting maintenance plan fed back from the IT environment 
is downloaded into the maintenance machines as quality set 
points. A pair of Blackfin processors supports the team in fixing 
worn-out or defective rail sections rapidly and systematically, 
using several iterative grinding runs to bring the rail back into its 
original shape.

One of the processors provides the operating personnel with 
a multifunctional keyboard, a visual of the rails on two TFT 
monitors, and removable memory. Two laser scanners continuously 
capture snapshots of cross profiles at 20 Hz and transfer the data 
online to the CPU over a CAN (controller area network). The 
processor then calculates the deviation from a reference profile 
and forwards new set points to the underlying grind unit, which 
is controlled by the other Blackfin processor.
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This grind unit consists of a total of six independent grinding 
pots. Each offers three degrees of freedom with actuators based 
on a hydrostatic principle. At first the pot moves horizontally 
either to the inside, outside, or middle of the rail head. Then it 
rotates to the worst-case deviation and finally moves down until it 
touches the railhead to start removing the material. The Blackfin 
processor controls each of these 18 movements simultaneously 
by applying pulse-width modulated (PWM) signals to the 
valves that control the hydrostatic actuators. Additionally, six 
rotation sensors, six translation gauges, 18 no-contact position 
switches, and six pressure sensors are continuously monitored 
during this positioning process. While this process took minutes 
using a traditional approach, the grinding pots are now placed 
automatically within seconds.

Finally, the grinding pot starts to remove the excess material 
(Figure 11). Secure and sturdy housings protect the electronics 
and the sensors from flying sparks, aggressive dust, humidity, 
and heat.

Figure 11. Electronic maintenance plans are deployed 
to maintenance machines, which solve the problem 
on-rail by grinding.

After the grinding process, the quality is assured by loading a 
set of profile measurements back into the IT environment using 
removable media. 

CONCLUSION
A systematic maintenance concept for rail- and tramways has 
been taken to the next phase using digital embedded design. 
By taking advantage of low-level measurement and control on 
the rails, and high-level data-mining and analysis at a central 
location, an optimal and cost-effective integrated solution for track 
maintenance has been designed.

Taking advantage of the scalable performance and capability 
of a Blackfin processor, the metering devices and vehicles used 
for measuring/maintenance in this concept have attained the 
critical real-time behavior and robustness required by the 
inherent harsh environments.

Locating the defects, as required for high-level data analysis 
and visualization for this design, has been achieved within 
the LabVIEW environment—not only to develop the complex 
mathematical filter algorithms, but also to meet the different 
connectivity challenges involved in networking the field devices 
with the IT environments. The ease of use of LabVIEW has 
once again empowered a high-profile design with optimal 
possibility for reuse and restructure.

LabVIEW Embedded technology, especially when specialized 
for Blackfin processors, now opens the doors to a paradigm 
shift of algorithms normally designed in ASM or C/C++. With 
the changing technology it is now possible, in cases like this, 
to optimize the process of locating defects (principally cracks) 
in any rail or tram system. All data on any defects is stored in 
centralized databases for either an immediate fix or monitoring. 
The RailSurf measuring sled is the first example of a mobile and 
smart metering device, which brings to life this next generation 
of embedded solutions, embodying a maintenance concept that 
is fast, environmentally sound, and cost-effective.
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CW, FOX, ION, NBC, PBS, and independent stations, they will 
be able to receive free high-definition broadcasts on their HD 
television sets or standard-definition pictures on their converter-
box-equipped analog TVs. Multicasting will increase the number 
of digital programs that can be received. In Boston’s suburbs, 
for example,  more than 40 channels are available with a modest 
antenna and an HDTV or converter box.i

Although analog TV broadcasts are ending and analog TV sets 
are no longer being manufactured, analog circuitry is far from 
dead. Contrary to popular belief, more analog content is found 
in a modern “digital” high-definition TV than in older analog 
TV sets. As the figure shows,ii Analog Devices makes a variety 
of video amplifiers, decoders, encoders, and filters to convert 
legacy analog RGB, composite video, S-Video, and component 
video signals from analog to digital and back again. HDMI™ 
buffers, multiplexers, receivers, and transmitters support the use 
of long cables, allowing multiple components, such as audio-video 
receivers (AVR), Blu-ray Disc® players, and video games to be 
interconnected with the TV. Display drivers provide the high-
voltage drive signals, control clocks, gamma correction, and other 
circuitry required to interface with the LCD display panel. RF 
splitters enable the use of multiple tuners for picture-in-picture 
and digital video recorder (DVR) functions. Audio processors and 
Class-D amplifiers provide multichannel surround sound; and 

audio amplifiers, ADCs, and DACs provide support for legacy 
system components. Up to 20 power supplies can be found in 
a state-of-the-art LCD HDTV, so low-dropout regulators and 
analog power management, monitoring, and sequencing devices 
are required. In addition, Analog Devices Blackfin® and SHARC® 
digital signal processors handle much of the real-time signal 
processing and control in today’s HDTVs.

Advanced television systems demand the highest-performance 
signal processing solutions in an extremely cost-sensitive market. 
From RF to baseband video to audio to power management, 
building on a framework of industry-leading core technologies, 
Analog Devices Advantiv® advanced television solutions enable 
lifelike audio and video, offering the widest range of analog, digital, 
and mixed-signal solutions to solve the most difficult multiformat 
advanced television challenges.iii

i Antenna Web 
www.antennaweb.org/aw/welcome.aspx

ii Advanced Television Signal Chain 
www.analog.com/en/video--imaging-solutions/advanced-television/
applications/index.html

iii Advantiv Advanced Television Solutions 
www.analog.com/static/imported-files/
overviews/898928192AdvancedTV_BrochureFinal.pdf
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