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LTC2255 | 14fi | 125Msps | 395mW HTE 49.00
LTC2254 | 14{% | 105Msps | 320mW HTE 41.00
LTC2249 | 14f; | 80Msps | 222mW HE 25.00
LTC2248 | 14f7 | 65Msps | 205mW HE 23.35
LTC2247 | 14f7 | 40Msps [ 120mW HE 15.85
LTC2246 | 14{y | 25Msps | 75mW HE 12.50
LTC2245 | 14f7 | 10Msps | 60mW HE 10.00
LTC2253 | 127 | 125Msps | 395mW HTE 27.50
LTC2252 | 12f7 | 105Msps | 320mW HE 23.00
LTC2229 | 1247 | 80Msps [ 211mW HE 16.70
LTC2228 | 12f7 | 65Msps | 205mW HE 12.08
LTC2227 | 12f% | 40Msps | 120mW HE 7.92
LTC2226 | 12{7 | 25Msps | 75mW HE 7.50
LTC2225 | 1247 | 10Msps | 60mW HE 457
LTC2251 | 10f7 | 125Msps | 395mW HE 12.00
LTC2250 | 10f7 | 105Msps | 320mW HE 7.50
LTC2239 | 10f7 | 80Msps | 211mW HE 6.70
LTC2238 | 10{7 | 65Msps | 205mW HE 5.00
LTC2237 | 10{7 | 40Msps | 120mW HE 4.80
LTC2236 | 10{7 | 25Msps | 75mW HE 3.50
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