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LTC6948-1 LTC6948-2 LTC6948-3 LTC6948-4
O_Div=1 2.240 % 3.740 3.080 £ 4.910 3.840 £ 5.790 4.200 % 6.390
O_DIV=2 1.120 % 1.870 1.540 £ 2.455 1.920 £ 2.895 2.100 £ 3.195
O_DIV=3 0.747 & 1.247 1.027 % 1.637 1.280 % 1.930 1.400 % 2.130
O_DIv=4 0.560 % 0.935 0.770 & 1.228 0.960 % 1.448 1.050 % 1.598
O_DIV=5 0.448 % 0.748 0.616 % 0.982 0.768 £ 1.158 0.840 £ 1.278
O_DIV=6 0.373 % 0.623 0.513 % 0.818 0.640 £ 0.965 0.700 £ 1.065
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