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THIS CIRCUIT IS PROPRIETARY TO LINEAR TECHNOLOGY AND
SUPPLIED FOR USE WITH LINEAR TECHNOLOGY PARTS.
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TITLE: SCHEMATIC
48Vin to 12V/12A

Forward Converter in 1/8 Brick

Size | icNo. | T8310EFE/LT8311EFE
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