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APPLICATIONS ENGINEERING FOR ASSISTANCE. 60V, 2A SYNCHRONOUS BUCK LED DRIVER
NOTE: UNLESS OTHERWISE SPECIFIED
SCHEMATIC NO. AND REVISION:
1. ALL RESISTORS ARE 0402, 1%. ICNO.  LT8376RV
ALL CAPACITORS ARE 0402 THIS CIRCUIT IS PROPRIETARY TO ANALOG DEVICES AND SKUNO.  EVAL-LT8376-AZ 710-EVAL-LT8376-AZ_REV03
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