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For further information regarding this specification notice contact: Linear Technology Corporation
1630 McCarthy Blvd.
Milpitas, California 95035-7417
Attn: Product Marketing Manager
Phone:  (408) 432-1900
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DIMENSION DOES NOT INCLUDE MOLD FLASH. MOLD FLASH 

SHALL NOT EXCEED 0.006" (0.152mm) PER SIDE

DIMENSION DOES NOT INCLUDE INTERLEAD FLASH. INTERLEAD 

FLASH SHALL NOT EXCEED 0.010" (0.254mm) PER SIDE
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S Package
16-Lead Plastic Small Outline (Narrow 0.150)

(LTC DWG # 05-08-1610)

PACKAGE DESCRIPTION

U

Dimensions in inches (millimeters) unless otherwise noted.

The surface mount package is a narrow 16-pin SO and the order number is LTC1324CS. For
complete specifications, typical performance curves and applications information, please see
the LTC1324 data sheet.

, LTC and LT are registered trademarks of Linear Technology Corporation.
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