piModule Regulators for Analog Devices’ Processors and DSPs
TigerSHARC®, SHARC®, Blackfin® and DSP Families
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Complete Power System-in-a-Package

pModule® Regulator for Core Power

Blackfin, SigmaDSP, ADSP-21xx Processor,

Processor CM4xx Processor

Product Family SHARC, TigerSHARC

200mA 500mA 600mA 1A
3.3y Recommend Line.ar.Techr.\oquy’s Linear Regulator LTM4622* LTM4622* LTM4622*
' or Monolithic Switching Regulator LTM4623*** L TM4623*** LTM4623***
5V LTM®8020 LTM8021 LTM4623 LTM4623 LTM4623 LTM4623
12V LTM8020 LTM8021 LTM4623 LTM4623 LTM4623 LTM4623
24V LTM8020 LTM8021 LTM8029 LTM8022 LTM8023 LTM8053

*Dual output, up to 2.5A/output
**Dual phase, single output operation
***Requires external bias

Multi-Output pModule Regulators for Low Power Core, 10 and System

Dual Output Quad Output
ViN Up to 2.5A / Output || Up to 3A/Output Up to 4A/Output

3.3V LTM4622 LTM4643" LTM4644*
5V LTM4622 LTM4643 LTM4644
12V LTM4622 LTM4643 LTM4644

*Requires external bias
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LTM4643: Ultrathin 3A, Quad Output uModule Regulator
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LTM4622: Ultrathin 2.5A Dual Output uModule Regulator

Simpler Power Management Solutions: Solution Size Comparison with Discrete Circuits

LTC3605 x 4
5A Monolithic Regulators

LTM4643 or LTM4644
Quad 3A or 4A uModule Regulator

900mm2 vs 240mm? = 73% Reduction
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piModule Regulators for Analog Devices’ Processors and DSPs
TigerSHARC, SHARC, Blackfin and DSP Families

Ultrathin ul\/lodu!e Power Products

1.82mm to 1.91mm LGA

www.linear.com/ultrathin

LTM4622: Ultrathin Dual 2.5A OQutput Step-Down pModule Regulator
= Complete Solution in <1cm?

= |nput Voltage Range: 3.6V to 20V

= 3.3V Input Compatible with Vi Tied to INTVc

Output Voltage Range: 0.6V to 5.5V

Dual 2.5A (3A Peak) or Single 5A Output Current

= 6.25mm x 6.25mm x 1.82mm (LGA) or 2.42mm (BGA)

Vour1

Vi PGOOD1 PGOOD2 1V, 2.5A

3.6V T0 20V 2T Vin Vourt
—l RUN1 ,
—_— RUN2 LTM4622 ouT2

| INTVge COMPA1
SYNC/MODE COMP2
TRACK/SSH FB1
TRACK/SS2 FB2
FREQ . 90.9k

Vout2
1.5\, 2.5A

LTM4643: Ultrathin Quad 3A Output Step-Down pModule Regulator
= Wide Input Voltage Range: 4V to 20V

= 2.375V to 20V with External Bias

= Qutput Voltage Range: 0.6V to 3.3V

= 3A DC Output Current Each Channel

= 9mm x 15mm x 1.82mm LGA Package

CLKIN CLKOUT
4V to 20V Ving Vout1 L 2 1.5V/3A
SVIN1 FB1 _T_ 47yF
—_|_— 95V RUN1 PGOOD1 40.2k —_|__ 4v

= LTM4643 =

Ving Vout2
SVIN2 FB2

RUN2 PGOOD2

‘I 1.2V/3A
47uF

Ving Vouts
SVIN3 FB3

RUN3 PGOOD3

‘I 1V/3A
47yuF

Ving Vouts

SVIN4 FB4

RUN4 PGOOD4
TEMP SGND GND

‘I 0.9V/3A
47yuF

NOT ALL PINS
ARE SHOWN

www.linear.com/uModule * 1-800-4-LINEAR

1.82mm
< 6.25mm >

6.25mm

LTM4622 Demo Board, Actual Size

LTM4643 Demo Board, Actual Size
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